
SKF N4-230-04

General characteristics
Symbol Conditions Unit

VSUPPLY Voltage supply 230 VAC

f Frequency 47 50/60 63 Hz

Qv Maximum air flow at no load at 50Hz 1 415 m3/h
PFAN Maximum input power at 50Hz 214 W

Qv Maximum air flow at no load at 60Hz 1 610 m3/h
PFAN Maximum input power at 60Hz 303 W

m Weight 3,1 kg

Maximum start up current 2,50 A
TSTORAGE Storage/Transport permissible temperature -20 80 °C

Noise Sound power level at 50Hz 73 dB[A]

Sound power level at 60Hz 77 dB[A]

IP Protection level (according mounting conditions) IP44 -

Fan accessories
AC radial fan single inlet

Standard operation
Symbol Conditions min typ max Unit

Ordering No. 15801690 VSUPPLY Rated voltage supply 230 V

Description SKF N4-230-04 f Rated input frequency 50 Hz

Qv Operating airflow 825 m3/h
SP Operating static pressure 400 Pa

Features PFAN Rated power input 214 W

 AC centrifugal fan with ball bearings I Rated input current 0,95 A

- Sound power level 66 dB[A]
TAMBIANT Operating ambiant temperature at 50Hz -20 70 °C

 Motor internal thermal protection VSUPPLY Rated voltage supply 230 V

 Capacitor 6µF/450V f Rated input frequency 60 Hz

 Compliance: CE Qv Operating airflow 873 m3/h
SP Operating static pressure 453 Pa
PFAN Rated power input 304 W

I Rated input current 1,35 A

Typical Applications - Sound power level 68 dB[A]

 N4 heatsink cooling TAMBIANT Operating ambiant temperature at 50Hz -20 70 °C

 Cabinet air management

Footnotes

REMARKS
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Accessory

This technical information specifies fan devices but promises 
no characteristics. No warranty or guarantee, expressed or 
implied is made regarding delivery, performance or suitability.
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Radial fan

Values



SKF N4-230-04

Fan case drawing

This technical information specifies semiconductor devices but promises no characteristics. No warranty or guarantee

 expressed or implied is made regarding delivery, performance or suitability.
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Static pressure vs. Airflow

Connection

Leadwire blue:                U1

Leadwire brown:             Z  [capacitor connection]

Leadwire black:               U2

Leadwire green/yellow: PE
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SKF N4-230-04 (230V/50Hz)


